




Alternator *Standby Rating *Prime Rating Open Set
Genset Model Engine Model Model kVA           kW kVA           kW Dry Weight (Kg)

ES33 D5 S3.8G2 UC224C 33             26 30             24 700
ES38 D5 S3.8G3 UC224C 38             30 35             28 700
ES43 D5 S3.8G4 UC224C 43             35 40             32 750
ES55 D5 S3.8G6 UC224E 55             44 50             40 800
ES68 D5 S3.8G7 UC224F 68             55 62             50 850

50Hz

*Standby Rating *Prime Rating Open Set
Genset Model Engine Model Alternator Model kVA           kW kVA           kW Dry Weight (Kg)

ES30 D6 S3.8G2 UC224C 38             30 35             28 700
 ES35 D6 S3.8G3 UC224C 43             35 40             32 700
ES38 D6 S3.8G4 UC224C 47             38 43             35 750
ES48 D6 S3.8G6 UC224D 60             48 44             44 800
ES61 D6 S3.8G7 UC224F 76             61 70             56 850

60Hz








